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Comment Description Designator Footprint LibRef Quantity

4.7uF/6.3V
4.7uF/6.3V/20
%/X5R

C1, C2, C4 0402C_0.4D 1405000484 3

0.6pF/50V
0.6pF/25V/+/-
0.1pF/C0G

C3, C14, C27 0201_0.25D 1405001131 3

0.5pF/50V
0.5pF/50V/0.1
pF/C0G

C5 0201_0.25D 1405001109 1

0.1uF/10V
0.1uF/10V/10
%/X5R

C6, C7, C9, 
C13, C19, C20, 
C22, C23

0201_0.25D 1405000947 8

10nF/10V
10nF/10V/10%
/X7R

C8 0201_0.25D 1405000811 1

10uF/10V
10uF/10V/20%
/X5R

C10, C18, C21 0402C_0.4D 1405001308 3

0.1uF/16V
0.1uF/10V/10
%/X5R

C11 0201_0.25D 1405000947 1

0.2pF/50V
0.2pF/50V/+/-
0.1pF/HQC

C12 0201_0.25D 1405001196 1

22uF/10V
22uF/10V/20%
/X5R

C15, C16 0603C_0.6D 1405001346 2

1uF/6.3V
1uF/6.3V/20%
/X5R

C17 0201_0.25D 1405002136 1

10pF/50V
10pF/50V/5%/
C0G

C24, C25 0201_0.25D 1405001344 2

6.2pF/50V
6.2pF/50V/0.1
pF/C0G

C26, C28 0201_0.25D 1405002121 2

8.2pF/50V
8.2pF/50V/0.1
pF/C0G

C30 0201_0.25D 1405002439 1

NC/0.5pF/50V
0.5pF/50V/0.1
pF/C0G

C31, C32 0201_0.25D 1405001109 2

1.6pF/50V
1.6pF/50V/0.1
pF/C0G

C34 0201_0.25D 1405002142 1

CAP-NP C35 0201_0.25D CAP-NP 1

4.7pF/50V
4.7pF/50V/+/-
0.25pF/C0G

C37, C38 0201_0.25D 1405001045 2

100pF/25V
100pF/25V/5
%/C0G

C40, C41 0201_0.25D 1405000546 2

CMP-
0002039-2

Multilayer Chip 
Band Pass 
Filter For 
2.4GHz W-
LAN/Bluetooth
, SMD

FL1
DFN4-
2X1.25_DEA20
2450BT

CMP-
0002039-2

1

CMP-
0002038-2

Multilayer 
Band Pass 
Filter For 5GHz 
W-LAN/LTE-U

FL2

DFN3-
1.6X0.8_DEA1
65538BT-
2236B1-H
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