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Schematics 

ELECTRICAL SPECFICATIONS@25℃: 
TurnRatio: (1,2-12,11):(5,6-8,7):(3-10)=1:0.457:0.571±3% 
L(200KHz/0.1V) : (1,2-12,11) 117.5uH±10% 
L(200KHz/0.1V@1.0A) : (1,2-12,11) 104uH MIN 
LK(200KHz/0.1V): 

(1,2-12,11, shorted 5,6,7,8) 0.815uHMAX 
DCR:(1,2-12,11) 0.201ΩMAX    (5,6-8,7) 0.06ΩMAX 
     (3-10) 0.335ΩMAX 
HI-POT: Pri To Sec  AC1500V/1mAMAX/2S 
Operation Temperature: -40℃~+85℃ 
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