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	NetLabels
	48V
	48V


	GND
	Pins
	1-1
	C1-2
	C4-2
	C5-2
	C6-2
	C7-2
	C9-2
	C10-2
	C11-2
	C12-2
	C13-2
	C16-2
	C17-2
	C18-2
	C19-2
	C25-2
	C26-2
	C28-2
	C32-2
	D14-1
	D15-1
	D16-1
	D17-1
	D18-1
	D19-1
	D26-2
	D27-2
	GND-1
	GND-1
	P2-3
	P2-4
	P2-7
	P3-2
	P4-2
	Q5-3
	Q6-3
	R1-2
	R2-2
	R23-2
	R24-2
	T1-5
	TP2-1
	U1-1
	U1-3
	U1-8
	U2-1
	U2-3
	U2-8
	U3-1
	U3-3
	U3-8

	NetLabels
	GND
	GND

	Ports
	GND
	GND
	GND
	GND
	GND
	GND


	GND1
	Pins
	C13-1
	D11-3
	D12-1
	D13-1
	GND1-1
	Q3-3
	Q4-3
	R15-2
	R16-2
	R17-1
	T3-7
	T4-10

	Ports
	GND1


	NetÉ¢ÈÈÆ¬3_1
	Pins
	É¢ÈÈÆ¬3-1


	NetÉ¢ÈÈÆ¬2_1
	Pins
	É¢ÈÈÆ¬2-1


	NetÉ¢ÈÈÆ¬1_1
	Pins
	É¢ÈÈÆ¬1-1


	NetP2_12
	Pins
	P2-12
	U3-4

	Ports
	NetP2_12
	NetP2_12


	NetP2_10
	Pins
	P2-10
	U3-2

	Ports
	NetP2_10
	NetP2_10


	NetP2_8
	Pins
	P2-8
	U2-4

	Ports
	NetP2_8
	NetP2_8


	NetP2_6
	Pins
	P2-6
	U2-2

	Ports
	NetP2_6
	NetP2_6


	NetP2_9
	Pins
	P2-9
	U1-4

	Ports
	NetP2_9
	NetP2_9


	NetP2_11
	Pins
	P2-11
	U1-2

	Ports
	NetP2_11
	NetP2_11


	NetP2_13
	Pins
	P2-13
	TP3-1

	Ports
	NetP2_13
	NetP2_13


	NetR14_1
	Pins
	R14-1
	R17-2


	NetP2_1
	Pins
	P2-1
	P2-2
	R11-1
	TP4-1

	Ports
	NetP2_1
	NetP2_1
	NetP2_1


	NetR4_1
	Pins
	R4-1
	R14-2


	NetQ6_2
	Pins
	Q6-2
	R32-1
	T2-18


	NetQ6_1
	Pins
	Q6-1
	R21-2
	R24-1


	NetQ5_2
	Pins
	Q5-2
	R6-1
	T2-16


	NetQ5_1
	Pins
	Q5-1
	R20-2
	R23-1


	NetL1_1
	Pins
	L1-1
	T2-12
	T2-22


	NetD27_1
	Pins
	D27-1
	R77-1


	NetD26_1
	Pins
	D26-1
	R76-1


	NetD23_2
	Pins
	D23-2
	R13-2
	T4-9


	NetD22_2
	Pins
	D22-2
	R5-2
	T4-7


	NetD21_2
	Pins
	D21-2
	R12-2
	T3-6


	NetD20_2
	Pins
	D20-2
	R3-2
	T3-10


	NetD19_3
	Pins
	D19-3
	T4-4
	U3-5


	NetD18_3
	Pins
	D18-3
	R19-2
	U3-7


	NetD17_3
	Pins
	D17-3
	R20-1
	U2-7


	NetD16_3
	Pins
	D16-3
	R21-1
	U2-5


	NetD15_3
	Pins
	D15-3
	T3-4
	U1-5


	NetD14_3
	Pins
	D14-3
	R18-2
	U1-7


	NetD10_2
	Pins
	D10-2
	D13-2


	NetD10_1
	Pins
	D10-1
	D23-1
	Q3-1
	R13-1
	R15-1


	NetD9_2
	Pins
	D9-2
	D12-2


	NetD9_1
	Pins
	D9-1
	D21-1
	Q4-1
	R12-1
	R16-1


	NetD8_1
	Pins
	D8-1
	Q2-3
	Q3-2
	R10-2
	T2-9
	T4-6


	NetD7_1
	Pins
	D7-1
	L2-2
	L2-3
	Q1-3
	Q4-2
	R7-2
	T3-9


	NetD5_3
	Pins
	D5-3
	D11-1
	L2-1
	L2-4
	T2-1


	NetD5_1
	Pins
	D5-1
	Q1-2
	Q2-2
	T1-2


	NetD3_2
	Pins
	D3-2
	D8-2


	NetD3_1
	Pins
	D3-1
	D22-1
	Q2-1
	R5-1
	R10-1


	NetD2_2
	Pins
	D2-2
	D7-2


	NetD2_1
	Pins
	D2-1
	D20-1
	Q1-1
	R3-1
	R7-1


	NetD1_2
	Pins
	D1-2
	P2-14
	R1-1

	Ports
	NetD1_2
	NetD1_2


	NetD1_1
	Pins
	D1-1
	R2-1
	T1-3


	NetC32_1
	Pins
	C32-1
	R32-2


	NetC19_1
	Pins
	C19-1
	R22-1
	TP1-1


	Net18V_1
	Pins
	18V-1
	C16-1
	C17-1
	C18-1
	P2-5
	P3-1
	R22-2
	R77-2
	U1-6
	U2-6
	U3-6

	Ports
	Net18V_1
	Net18V_1
	Net18V_1
	Net18V_1
	Net18V_1


	NetC15_2
	Pins
	C15-2
	R19-1


	NetC15_1
	Pins
	C15-1
	T4-2


	NetC14_2
	Pins
	C14-2
	R18-1


	NetC14_1
	Pins
	C14-1
	T3-2


	NetC1_1
	Pins
	C1-1
	R6-2


	Net330V_1
	Pins
	330V-1
	R4-2
	T1-1

	Ports
	Net330V_1



	Ports
	CS
	CS
	GND
	GND
	GND
	GND
	GND
	GND
	N
	OUTA
	OUTA
	OUTB
	OUTB
	OUTC
	OUTC
	OUTD
	OUTD
	OUTE
	OUTE
	OUTF
	OUTF
	P
	SYNC
	SYNC
	VBAS
	VBAS
	VBAS
	VBAS
	VBAS
	VOUT
	VOUT
	VOUT




