
5

5

4

4

3

3

2

2

1

1

D D

C C

B B

A A

40PCS LED，8串5并，驱动定电流400mA，电压25.6V

1A operating current

LED Driver

F(sw)=40000/R742=200KHz
VOVP=(R747/R746+1)*3.02=33.22V

断开R748,将万用表串到J6的两端。量测背光功耗
电流太大，没有加限流电阻
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