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Silkscreen: SW_3V3

Silkscreen: 3.3V

For TPS54620:

EN

PVIN

R2

R1

Vstart*(
R1 = Venrising

Venfalling ) - Vstop

VenrisingIp*(1 - Venfalling ) + Ih

R1 * VenfallingR2 = 

Ih = 3.4uA

Vstop - Venfalling + R1(Ip + Ih)

Venrising = 1.21V
Ip = 1.15uA

Vstart = 8V
Venfalling = 1.17V

Vstop = 7.5V

R2 = 12.0Kohm --> 12.1Kohm
R1 = 68.5Kohm --> 68.1Kohm

Detail1:

See Detail1

Power start
control.

Silkscreen: EN

Silkscreen: SW_5V0

Silkscreen: 5V

Silkscreen: PGOOD_3V3

Silkscreen: PGOOD_5V0
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R59 1/10W 1%10K
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DCR_TYP = 19.9mΩ
DCR_MAX = 20.9mΩ
Irms = 8.0A @  dT = 40°C
Isat = 8.0A @ 20% L drop

3.3uH
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