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	R12-1
	R16-2
	U2-35


	NetC19_2
	Pins
	C19-2
	U4-4


	NetC20_2
	Pins
	C20-2
	U5-4


	NetCN1_3
	Pins
	CN1-3


	NetD1_2
	Pins
	D1-2
	D2-2
	R5-1


	NetR8_2
	Pins
	R8-2
	U1-1


	NetR9_2
	Pins
	R9-2
	U3-1


	NetR11_1
	Pins
	R11-1
	R13-2
	U2-12


	NetR13_1
	Pins
	R13-1
	U2-11


	NetR15_2
	Pins
	R15-2
	U2-10


	NetR17_2
	Pins
	R17-2
	U4-1


	NetR18_2
	Pins
	R18-2
	U2-9


	NetR19_2
	Pins
	R19-2
	U2-36


	NetR20_2
	Pins
	R20-2
	U5-1


	NetU1_3
	Pins
	U1-3


	NetU2_15
	Pins
	U2-15


	NetU2_16
	Pins
	U2-16


	NetU2_31
	Pins
	U2-31


	NetU3_3
	Pins
	U3-3


	NetU4_3
	Pins
	U4-3


	NetU5_3
	Pins
	U5-3


	SCL
	Pins
	R21-1
	U2-1

	NetLabels
	SCL
	SCL


	SDA
	Pins
	R22-1
	U2-2

	NetLabels
	SDA
	SDA


	SRN
	Pins
	C13-1
	C15-1
	C20-1
	C22-1
	CN1-4
	CN4-3
	CN4-4
	R4-2
	R11-2
	U3-5
	U5-5

	NetLabels
	SRN
	SRN
	SRN
	SRN
	SRN


	SRN1
	Pins
	C2-1
	C6-1
	R4-1
	U2-13

	NetLabels
	SRN1
	SRN1


	SRP
	Pins
	CN4-2
	R3-2

	NetLabels
	SRP
	SRP


	SRP1
	Pins
	C2-2
	C5-1
	R3-1
	U2-14

	NetLabels
	SRP1
	SRP1


	STAT1
	Pins
	R25-1
	U2-4

	NetLabels
	STAT1
	STAT1


	STAT2
	Pins
	R26-1
	U2-5

	NetLabels
	STAT2
	STAT2


	SW1
	Pins
	C8-1
	CN6-2
	U2-28

	NetLabels
	SW1
	SW1
	SW1


	SW2
	Pins
	C7-1
	CN7-3
	U2-18

	NetLabels
	SW2
	SW2
	SW2


	TS
	Pins
	CN4-1
	R14-1
	U2-8

	NetLabels
	TS
	TS
	TS





	Bill of Materials

