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Iccmax : 20A
@4V~55V I/P

Mode = GND, DCM, Hiccup Disabled (Set RMODE resistor to GND = 0 ?)
Mode = 1.00 V, DCM, Hiccup Enabled (Set RMODE resistor to GND = 49.9 k?)
Mode = 1.85 V, CCM, Hiccup Enabled (Set RMODE resistor to GND = 93.1 k?)
Mode = VCC, CCM, Hiccup Disabled (Set RMODE resistor to VCC = 0 ?)
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refer to SAR9
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