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	EMIF1_D9
	Pins
	U10-D16

	NetLabels
	EMIF1_D
	EMIF1_D


	EMIF1_D10
	Pins
	U10-C17

	NetLabels
	EMIF1_D
	EMIF1_D


	EMIF1_D11
	Pins
	U10-A16

	NetLabels
	EMIF1_D
	EMIF1_D


	EMIF1_D12
	Pins
	U10-B16

	NetLabels
	EMIF1_D
	EMIF1_D


	EMIF1_D13
	Pins
	U10-B17

	NetLabels
	EMIF1_D
	EMIF1_D


	EMIF1_D14
	Pins
	U10-A17

	NetLabels
	EMIF1_D
	EMIF1_D


	EMIF1_D15
	Pins
	U10-B18

	NetLabels
	EMIF1_D
	EMIF1_D


	NetLabels
	EMIF1_D


	ESC_RX_D[0..3]
	ESC_RX_D0
	NetLabels
	ESC_RX_D


	ESC_RX_D1
	NetLabels
	ESC_RX_D


	ESC_RX_D2
	NetLabels
	ESC_RX_D


	ESC_RX_D3
	NetLabels
	ESC_RX_D


	NetLabels
	ESC_RX_D


	ESC_TX_D[0..3]
	ESC_TX_D0
	NetLabels
	ESC_TX_D


	ESC_TX_D1
	NetLabels
	ESC_TX_D


	ESC_TX_D2
	NetLabels
	ESC_TX_D


	ESC_TX_D3
	NetLabels
	ESC_TX_D


	NetLabels
	ESC_TX_D


	FLASH_D[0..1]
	FLASH_D0
	NetLabels
	FLASH_D


	FLASH_D1
	NetLabels
	FLASH_D


	NetLabels
	FLASH_D


	1V2
	Pins
	C37-2
	C38-2
	C61-2
	D1-2
	L3-2
	L5-1
	P3-1
	P3-3
	P3-5
	R24-2


	3V3
	Pins
	C25-2
	C36-2
	C43-2
	D1-1
	L1-1
	L2-2
	L4-1
	P2-1
	P2-3
	P2-5
	R16-1
	R20-2
	R21-2


	5V
	Pins
	P1-1
	P1-3
	P1-5
	R15-1


	CANA_RX
	Pins
	U10-D7

	NetLabels
	CANA_RX


	CANA_TX
	Pins
	U10-C7

	NetLabels
	CANA_TX


	CANB_RX
	Pins
	U10-B6

	NetLabels
	CANB_RX


	CANB_TX
	Pins
	U10-A6

	NetLabels
	CANB_TX


	EMIF1_BA0
	Pins
	U10-F2

	NetLabels
	EMIF1_BA0


	EMIF1_BA1
	Pins
	U10-F3

	NetLabels
	EMIF1_BA1


	EMIF1_CAS
	Pins
	U10-K4

	NetLabels
	EMIF1_CAS


	EMIF1_CLK
	Pins
	U10-T11

	NetLabels
	EMIF1_CLK


	EMIF1_CS0n
	Pins
	U10-U13

	NetLabels
	EMIF1_CS0n


	EMIF1_DQM0
	Pins
	U10-K3

	NetLabels
	EMIF1_DQM0


	EMIF1_DQM1
	Pins
	U10-K2

	NetLabels
	EMIF1_DQM1


	EMIF1_RAS
	Pins
	U10-J4

	NetLabels
	EMIF1_RAS


	EMIF1_SDCKE
	Pins
	U10-W11

	NetLabels
	EMIF1_SDCKE


	EMIF1_WEn
	Pins
	U10-U11

	NetLabels
	EMIF1_WEn


	EMU0
	Pins
	JTAG1-13
	R31-2

	NetLabels
	EMU0
	EMU0


	EMU1
	Pins
	JTAG1-14
	R33-2

	NetLabels
	EMU1
	EMU1


	ENET_REVMII_MDIO_RST
	Pins
	U10-L3

	NetLabels
	ENET_REVMII_MDIO_RST


	ESC_I2C_SCL
	Pins
	U10-C13

	NetLabels
	ESC_I2C_SCL


	ESC_I2C_SDA
	Pins
	U10-B13

	NetLabels
	ESC_I2C_SDA


	ESC_LED_ERR
	Pins
	U10-E17

	NetLabels
	ESC_LED_ERR


	ESC_LED_LINK0_ACTIVE
	Pins
	U10-F18

	NetLabels
	ESC_LED_LINK0_ACTIVE


	ESC_LED_RUN
	Pins
	U10-D18

	NetLabels
	ESC_LED_RUN


	ESC_MDIO_CLK
	Pins
	U10-D13

	NetLabels
	ESC_MDIO_CLK


	ESC_MDIO_DATA
	Pins
	U10-A12

	NetLabels
	ESC_MDIO_DATA


	ESC_PHY0_LINKSTATUS
	Pins
	U10-D14

	NetLabels
	ESC_PHY0_LINKSTATUS


	ESC_PHY_CLK
	Pins
	U10-B12

	NetLabels
	ESC_PHY_CLK


	ESC_PHY_RESETn
	Pins
	U10-C12

	NetLabels
	ESC_PHY_RESETn


	ESC_RX0_CLK
	Pins
	U10-A8

	NetLabels
	ESC_RX0_CLK


	ESC_RX0_DATA0
	Pins
	U10-C5

	NetLabels
	ESC_RX0_DATA0


	ESC_RX0_DATA1
	Pins
	U10-D5

	NetLabels
	ESC_RX0_DATA1


	ESC_RX0_DATA2
	Pins
	U10-C4

	NetLabels
	ESC_RX0_DATA2


	ESC_RX0_DATA3
	Pins
	U10-D4

	NetLabels
	ESC_RX0_DATA3


	ESC_RX0_DV
	Pins
	U10-D9

	NetLabels
	ESC_RX0_DV


	ESC_RX0_ERR
	Pins
	U10-B8

	NetLabels
	ESC_RX0_ERR


	ESC_TX0_CLK
	Pins
	U10-B10

	NetLabels
	ESC_TX0_CLK


	ESC_TX0_DATA0
	Pins
	U10-C10

	NetLabels
	ESC_TX0_DATA0


	ESC_TX0_DATA1
	Pins
	U10-D10

	NetLabels
	ESC_TX0_DATA1


	ESC_TX0_DATA2
	Pins
	U10-B9

	NetLabels
	ESC_TX0_DATA2


	ESC_TX0_DATA3
	Pins
	U10-C9

	NetLabels
	ESC_TX0_DATA3


	ESC_TX0_ENA
	Pins
	U10-D12

	NetLabels
	ESC_TX0_ENA


	F2838x_25MHZ_CLK
	Pins
	R37-1
	R40-1

	NetLabels
	F2838x_25MHZ_CLK
	F2838x_25MHZ_CLK


	F2838x_CLK
	Pins
	R40-2
	TP8-1
	U10-G19

	NetLabels
	F2838x_CLK
	F2838x_CLK


	GND
	Pins
	C25-1
	C26-1
	C27-1
	C28-1
	C29-1
	C30-1
	C31-1
	C32-1
	C33-1
	C34-1
	C35-1
	C36-1
	C38-1
	C39-1
	C40-1
	C41-1
	C42-1
	C43-1
	C44-1
	C45-1
	C46-1
	C47-1
	C48-1
	C49-1
	C50-1
	C51-1
	C52-1
	C53-1
	C54-1
	C55-1
	C56-1
	C57-1
	C58-1
	C59-1
	C60-1
	C61-1
	C62-1
	C63-1
	C64-1
	C65-1
	C66-1
	C67-1
	C91-1
	C92-1
	C93-1
	C94-1
	C95-1
	C96-1
	C97-1
	C98-1
	C99-1
	C100-1
	D2-1
	JTAG1-4
	JTAG1-8
	JTAG1-10
	JTAG1-12
	P1-2
	P1-4
	P1-6
	P2-2
	P2-4
	P2-6
	P3-2
	P3-4
	P3-6
	R19-1
	R26-1
	R27-1
	R44-1
	R46-1
	RESET1-5
	TP6-1
	U9-8
	U9-11
	U10-A1
	U10-A10
	U10-A19
	U10-E5
	U10-E6
	U10-E8
	U10-E12
	U10-E14
	U10-E15
	U10-F5
	U10-F6
	U10-F8
	U10-F12
	U10-F14
	U10-F15
	U10-G16
	U10-G17
	U10-H8
	U10-H9
	U10-H10
	U10-H11
	U10-H12
	U10-H14
	U10-H15
	U10-H18
	U10-H19
	U10-J5
	U10-J6
	U10-J8
	U10-J9
	U10-J10
	U10-J11
	U10-J12
	U10-K8
	U10-K9
	U10-K10
	U10-K11
	U10-K12
	U10-K14
	U10-K15
	U10-L5
	U10-L6
	U10-L8
	U10-L9
	U10-L10
	U10-L11
	U10-L12
	U10-L18
	U10-M8
	U10-M9
	U10-M10
	U10-M11
	U10-M12
	U10-M14
	U10-M15
	U10-N1
	U10-N5
	U10-N6
	U10-P1
	U10-P5
	U10-P7
	U10-P8
	U10-P11
	U10-P12
	U10-P14
	U10-P15
	U10-R5
	U10-R7
	U10-R8
	U10-R14
	U10-R15
	U10-V7
	U10-W1
	U10-W7
	U10-W19
	U11-2
	U12-2
	U13-4
	Y1-2


	GPIO_12
	Pins
	U10-C2

	NetLabels
	GPIO_12


	LED_1
	Pins
	U10-N3

	NetLabels
	LED_1


	LED_2
	Pins
	U10-V12

	NetLabels
	LED_2


	LED_3
	Pins
	U10-W10

	NetLabels
	LED_3


	LED_4
	Pins
	U10-U12

	NetLabels
	LED_4


	LED_CANA
	Pins
	U10-M4

	NetLabels
	LED_CANA


	LED_RS232
	Pins
	U10-N4

	NetLabels
	LED_RS232


	LED_RS422
	Pins
	U10-M3

	NetLabels
	LED_RS422


	LED_RUN
	Pins
	U10-M2

	NetLabels
	LED_RUN


	MCU_TCK
	Pins
	JTAG1-9
	JTAG1-11
	U10-V15

	NetLabels
	MCU_TCK
	MCU_TCK


	MCU_TDI
	Pins
	JTAG1-3
	U10-W13

	NetLabels
	MCU_TDI
	MCU_TDI


	MCU_TDO
	Pins
	JTAG1-7
	R41-2

	NetLabels
	MCU_TDO
	MCU_TDO


	MCU_TMS
	Pins
	JTAG1-1
	U10-W14

	NetLabels
	MCU_TMS
	MCU_TMS


	MCU_TRSTn
	Pins
	JTAG1-2
	R44-2
	U10-V14

	NetLabels
	MCU_TRSTn
	MCU_TRSTn


	MCU_XRSn
	Pins
	C64-2
	R28-1
	RESET1-3
	TP1-1
	U10-F19
	U11-1
	U12-1

	NetLabels
	MCU_XRSn
	MCU_XRSn


	NetC37_1
	Pins
	C37-1
	R24-1
	R26-2
	U9-1


	NetC39_2
	Pins
	C39-2
	R18-1
	U9-7


	NetC42_2
	Pins
	C42-2
	R17-1
	U9-9


	NetC66_2
	Pins
	C66-2
	R29-1
	TP5-1
	U11-6
	U12-6


	NetD2_2
	Pins
	D2-2
	R21-1


	NetJTAG1_6
	Pins
	JTAG1-6


	NetL2_1
	Pins
	L2-1
	U9-6


	NetL3_1
	Pins
	L3-1
	U9-10


	NetR16_2
	Pins
	R16-2
	U9-4


	NetR20_1
	Pins
	R20-1
	R22-2


	NetR22_1
	Pins
	R22-1
	R27-2
	U9-5


	NetR23_1
	Pins
	R23-1
	U9-2


	NetR32_1
	Pins
	R32-1


	NetR32_2
	Pins
	R32-2
	U13-3


	NetR34_2
	Pins
	R34-2
	U13-8


	NetR35_1
	Pins
	R35-1


	NetR35_2
	Pins
	R35-2
	U13-5


	NetR37_2
	Pins
	R37-2
	U13-7


	NetR38_1
	Pins
	R38-1
	U13-2


	NetR41_1
	Pins
	R41-1
	U10-W15


	NetR46_2
	Pins
	R46-2
	TP7-1
	U10-U19


	NetU10_A2
	Pins
	U10-A2


	NetU10_A3
	Pins
	U10-A3


	NetU10_A4
	Pins
	U10-A4


	NetU10_A5
	Pins
	U10-A5


	NetU10_A7
	Pins
	U10-A7


	NetU10_A11
	Pins
	U10-A11


	NetU10_A13
	Pins
	U10-A13


	NetU10_B3
	Pins
	U10-B3


	NetU10_B4
	Pins
	U10-B4


	NetU10_B5
	Pins
	U10-B5


	NetU10_B7
	Pins
	U10-B7


	NetU10_B19
	Pins
	U10-B19


	NetU10_C3
	Pins
	U10-C3


	NetU10_C6
	Pins
	U10-C6


	NetU10_C8
	Pins
	U10-C8


	NetU10_C11
	Pins
	U10-C11


	NetU10_C18
	Pins
	U10-C18


	NetU10_C19
	Pins
	U10-C19


	NetU10_D1
	Pins
	U10-D1


	NetU10_D2
	Pins
	U10-D2


	NetU10_D3
	Pins
	U10-D3


	NetU10_D6
	Pins
	U10-D6


	NetU10_D8
	Pins
	U10-D8


	NetU10_D11
	Pins
	U10-D11


	NetU10_D19
	Pins
	U10-D19


	NetU10_E1
	Pins
	U10-E1


	NetU10_E2
	Pins
	U10-E2


	NetU10_E3
	Pins
	U10-E3


	NetU10_E4
	Pins
	U10-E4


	NetU10_F1
	Pins
	U10-F1


	NetU10_G18
	Pins
	U10-G18


	NetU10_H4
	Pins
	U10-H4


	NetU10_J2
	Pins
	U10-J2


	NetU10_J3
	Pins
	U10-J3


	NetU10_J16
	Pins
	U10-J16


	NetU10_J17
	Pins
	U10-J17


	NetU10_J18
	Pins
	U10-J18


	NetU10_J19
	Pins
	U10-J19


	NetU10_K1
	Pins
	U10-K1


	NetU10_K16
	Pins
	U10-K16


	NetU10_K17
	Pins
	U10-K17


	NetU10_L1
	Pins
	U10-L1


	NetU10_L2
	Pins
	U10-L2


	NetU10_L4
	Pins
	U10-L4


	NetU10_L16
	Pins
	U10-L16


	NetU10_L17
	Pins
	U10-L17


	NetU10_M16
	Pins
	U10-M16


	NetU10_M17
	Pins
	U10-M17


	NetU10_N2
	Pins
	U10-N2


	NetU10_N16
	Pins
	U10-N16


	NetU10_N17
	Pins
	U10-N17


	NetU10_N18
	Pins
	U10-N18


	NetU10_P2
	Pins
	U10-P2


	NetU10_P3
	Pins
	U10-P3


	NetU10_P4
	Pins
	U10-P4


	NetU10_P17
	Pins
	U10-P17


	NetU10_P18
	Pins
	U10-P18


	NetU10_P19
	Pins
	U10-P19


	NetU10_R1
	Pins
	U10-R1


	NetU10_R2
	Pins
	U10-R2


	NetU10_R3
	Pins
	U10-R3


	NetU10_R4
	Pins
	U10-R4


	NetU10_T1
	Pins
	U10-T1


	NetU10_T2
	Pins
	U10-T2


	NetU10_T3
	Pins
	U10-T3


	NetU10_T4
	Pins
	U10-T4


	NetU10_T5
	Pins
	U10-T5


	NetU10_T6
	Pins
	U10-T6


	NetU10_T7
	Pins
	U10-T7


	NetU10_T8
	Pins
	U10-T8


	NetU10_T9
	Pins
	U10-T9


	NetU10_T10
	Pins
	U10-T10


	NetU10_T12
	Pins
	U10-T12


	NetU10_T13
	Pins
	U10-T13


	NetU10_T15
	Pins
	U10-T15


	NetU10_T17
	Pins
	U10-T17


	NetU10_T18
	Pins
	U10-T18


	NetU10_T19
	Pins
	U10-T19


	NetU10_U1
	Pins
	U10-U1


	NetU10_U2
	Pins
	U10-U2


	NetU10_U3
	Pins
	U10-U3


	NetU10_U4
	Pins
	U10-U4


	NetU10_U5
	Pins
	U10-U5


	NetU10_U6
	Pins
	U10-U6


	NetU10_U7
	Pins
	U10-U7


	NetU10_U8
	Pins
	U10-U8


	NetU10_U9
	Pins
	U10-U9


	NetU10_U10
	Pins
	U10-U10


	NetU10_U14
	Pins
	U10-U14


	NetU10_U15
	Pins
	U10-U15


	NetU10_U16
	Pins
	U10-U16


	NetU10_U17
	Pins
	U10-U17


	NetU10_U18
	Pins
	U10-U18


	NetU10_V1
	Pins
	U10-V1


	NetU10_V2
	Pins
	U10-V2


	NetU10_V3
	Pins
	U10-V3


	NetU10_V4
	Pins
	U10-V4


	NetU10_V5
	Pins
	U10-V5


	NetU10_V6
	Pins
	U10-V6


	NetU10_V8
	Pins
	U10-V8


	NetU10_V9
	Pins
	U10-V9


	NetU10_V10
	Pins
	U10-V10


	NetU10_V11
	Pins
	U10-V11


	NetU10_V13
	Pins
	U10-V13


	NetU10_V16
	Pins
	U10-V16


	NetU10_V18
	Pins
	U10-V18


	NetU10_W2
	Pins
	U10-W2


	NetU10_W3
	Pins
	U10-W3


	NetU10_W4
	Pins
	U10-W4


	NetU10_W5
	Pins
	U10-W5


	NetU10_W6
	Pins
	U10-W6


	NetU10_W9
	Pins
	U10-W9


	NetU10_W12
	Pins
	U10-W12


	NetU10_W16
	Pins
	U10-W16


	NetU10_W18
	Pins
	U10-W18


	NetU13_1
	Pins
	U13-1
	Y1-3


	NetY1_1
	Pins
	Y1-1


	P0_25MHZ_CLK
	Pins
	R34-1
	R43-1

	NetLabels
	P0_25MHZ_CLK
	P0_25MHZ_CLK


	P0_PHY_CLK
	Pins
	R43-2
	TP9-1

	NetLabels
	P0_PHY_CLK


	RS232_RX
	Pins
	U10-G2

	NetLabels
	RS232_RX


	RS232_TX
	Pins
	U10-G3

	NetLabels
	RS232_TX


	RS422_RX
	Pins
	U10-C1

	NetLabels
	RS422_RX


	RS422_TX
	Pins
	U10-B2

	NetLabels
	RS422_TX


	SPIC_CLK
	Pins
	U10-H3

	NetLabels
	SPIC_CLK


	SPIC_RESET#
	Pins
	U10-G1

	NetLabels
	SPIC_RESET#


	SPIC_SIMO
	Pins
	U10-H1

	NetLabels
	SPIC_SIMO


	SPIC_SOMI
	Pins
	U10-H2

	NetLabels
	SPIC_SOMI


	SPIC_STEn
	Pins
	U10-J1

	NetLabels
	SPIC_STEn


	VCC_5V
	Pins
	C40-2
	C41-2
	R15-2
	R17-2
	R18-2
	R23-2
	TP2-1
	U9-3


	VDD_1V2
	Pins
	C27-2
	C28-2
	C29-2
	C30-2
	C31-2
	C32-2
	C33-2
	C62-2
	C65-2
	L5-2
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	U10-P13
	U10-R10
	U10-R13
	U12-3
	U12-4


	VDD_3V3
	Pins
	C26-2
	C45-2
	C46-2
	C47-2
	C48-2
	C49-2
	C50-2
	C51-2
	C52-2
	C53-2
	C54-2
	C55-2
	C56-2
	C57-2
	C58-2
	C59-2
	C60-2
	C63-2
	C67-2
	C91-2
	C92-2
	C93-2
	C94-2
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	U10-F16
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	U10-H16
	U10-H17
	U10-L14
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	U10-M1
	U10-M5
	U10-M6
	U10-N14
	U10-N15
	U10-P9
	U10-R9
	U10-R11
	U10-R12
	U10-V19
	U10-W8
	U11-3
	U11-4
	U11-5
	U12-5
	U13-6
	Y1-4

	NetLabels
	VDD_3V3


	VDDA_3V3
	Pins
	C34-2
	C35-2
	C44-2
	L4-2
	U10-P6
	U10-R6






