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FERRITE CORE, 6.8uH, -20%/+20%, IR:1.1A, -55DEGC/+125DEGC, 0805, SMD
L1要求：

FILTER, EMI, 1500@100MHz, -55DEGC/+125DEGC, 0603, SMD
FL1要求：

INDUCTOR, RF, CHIP, NON-MAGNETIC CORE, 5%/+5%, 0.3A, -55DEGC/+125DEGC, 0805, SMD
L2-L6电感要求：

X2要求：

CRYSTAL, RESONATOR, 32.768kHz, -40DEGC/+85DEGC, SMD
FC-135，无源，2脚，±20ppm，金属面，12.5pF负载，3215体积（3.2mm*1.5mm）

SJK 24MHZ 24.000MHZ 3225 3.2X2.5贴片四脚无源SMD4P晶振9PF
1脚是特殊形状，1脚和3脚是晶振，2，4接壳体接地
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