我按照您提供的建议操作步骤进行测试的[image: ]
出现下图的情况，单击view disassembly...按钮，出现disassembly对话框
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点击preference按钮，出现如下信息，是否有需要 修改的地方？
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再次尝试进行test connection测试，出现如下问题
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1..Go to View->Target Configurations to open the Target Configurations window if you haven't already.

2. Expand Projects->Example_2806xGpioToggle->targetConfigs, right click on the .coxm file, and select Launch Selected Configuration.
3.nthe Debug window, right click on the C28x« and hit Connect Target.

Ifthat's successful, hopefully you'll be able to go to Run->Load->Load Program and get your project loaded and running.
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Ifa post answers your question, please markit with the "verify answer” button.
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CDT Build Console [Example_2806xCpuTimer]

=== Build of configuration Debug for project Example_2806xCpuTimer ****

:\\ei\\eeso20\\ces\\utils\\bin\\gnake” -k all
gmake: Nothing to be done for 'all’.

=== Build Finished ****
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CDT Build Console [Example_2806xCpuTimer] ]

=== Build of configuration Debug for project Example_2806x|

preerepr=
NewTargetConfiguration.coxml
grake: Nothing to be done for "all’. b G User Defined

:\\ei\\eeso20\\ces\\utils\\bin\\gnake” -k all

=== Build Finished ****

. Click the New button to create  new target configuration file. Click here to hide this message.





