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Expression Type Value Address
> (8 gMotorVars struct_MOTOR Vars t_ {Flag_enableSys=1 01" Flag_Run Id... 0x00008C80@Data
®- gMotorVars.UserErrorCode  enum <unnamed> USER ErrorCode_NoError 0x00008CEF@Data

‘gMotorVars CtrlVersion struct_CTRL Version_ {rsvd=107 targetProc=CTRL TargetP... 0x00008C30@Data

- gMotorVars.Flag_enableSys  unsigned char 101" (Decimal) 0x00008C80@Data
- gMotorVars.Flag_Run Identify  unsigned char 0700’ (Decimal) 0x00008C81@Data
- gMotorVars.Flag_enableUserPar unsigned char 101" (Decimal) 0x00008C86@Data
- gMotorVars.Flag_enableRsRecal unsigned char 000" (Decimal) 0x00008C85@Data
- gMotorVars.Flag_enableForceAn unsigned char 101" (Decimal) 0x00008C83@Data
- gMotorVars.Flag_enableOffsetcz unsigned char 101" (Decimal) 0x00008C87@Data
- gMotorVars.Flag_enablePower unsigned char 0°%00" (Decimal) 0x00008C88@Data
- gMotorVars.Cirlstate enum <unnamed> CTRL State Idle 0x00008C8D@Data
- gMotorVars EstState enum <unnamed> EST State Idle 0x00008C8E@Data
- gMotorVars aRef A long 104303514557 (QValue(24) | 0x00008C35@Data
- gMotorVars.Speed_krpm long 0.0 (Q-Value(24)) 0x00008CAO@Data
- gMotorVars.Torque Nm long 0.0 (Q-Value(24)) 0x00008CAA@Data
®- gMotorVars.MagnCurr A float 00 0x00008CAC@Data
®- gMotorVars.Rr_ Ohm float 00 0x00008CAE@Data
®- gMotorVarsRs Ohm float 00 0x00008CB0@Data
®- gMotorVars.Lsd H float 00 0x00008CB4@Data
®- gMotorVars.Lsq H float 00 0x00008CB6@Data
- gMotorVars.Flux VpHz float 0.00808080751 0x00008CB8@Data
- gMotorVarsKp_Idg long 0.0 (Q-Value(24) 0x00008CCA@Data
®- gMotorVarsKi Idg long 0.0 (Q-Value(24) 0x00008CCC@Data

- gMotorVarsVdcBus kv long 005624336004 (QValue(@4)  0x00008CD6@Data
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Expression Type Value Address.
b (@ gMotorVars struct_MOTOR Vars_t_ {Flag_enableSys=0 "\x00'Flag_Run_Id... 0x00008C80@Data
- gMotorVars.UserErrorCode  enum <unnamed> USER ErrorCode_NoError 0x00008CEF@Data
b (@ gMotorVars.CtriVersion struct_CTRL Version_ {rsvd=107 targetProc=CTRL TargetP... 0x00008C30@Data
- gMotorVars.Flag_enableSys  unsigned char 0 \x00' (Decimal) 0x00008CB0@Data
- gMotorVars.Flag_Run_Identify  unsigned char 1°%01" (Decimal) 0x00008C81@Data
- gMotorVars.Flag_enableUserPar unsigned char 101" (Decimal) 0x00008CB6@Data
- gMotorVars.Flag_enableRsRecal unsigned char 0 \x00' (Decimal) 0x00008CB5@Data
- gMotorVars.Flag_enableForceAn unsigned char 101" (Decimal) 0x00008CB3@Data
- gMotorVars.Flag_enableOffsetcz unsigned char 101" (Decimal) 0x00008C87@Data
- gMotorVars.Flag_enablePower\ unsigned char 0 \x00' (Decimal) 0x00008CB8@Data
- gMotorVars.CtriState enum <unnamed> CTRL State Idle 0x00008CED@Data
- gMotorVars.EstState enum <unnamed> EST State_Idle 0x00008CBE@Data
- gMotorVars.IqRef A long 0.0 (Q-Value(24)) 0x00008C96@Data
- gMotorVars.Speed_krpm long 0.0 (Q-Value(24)) 0x00008CA0@Data
- gMotorVars.Torque_Nm long 0.0 (Q-Value(24)) 0x00008CAA@Data
- gMotorVarsMagnCurr A float 00 0x00008CAC@Data
- gMotorVarsRr_Ohm float 00 0x00008CAE@Data
- gMotorVars.Rs_Ohm float 00 0x00008CBO@Data
- gMotorVars.Lsd_H float 00 0x00008CB4@Data
- gMotorVars.Lsq_H float 00 0x00008CB6@Data
- gMotorVars.Flux VpHz float 00 0x00008CBE@Data
- gMotorVars.Kp_ldq long 0.0 (Q-Value(24)) 0x00008CCA@Data
- gMotorVars.Ki_Idg long 0.0 (Q-Value(24)) 0x00008CCC@Data

(9= gMotorVars.VdcBus_kV long 0.0 (Q-Value(24)) 0x00008CD6@Data




