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HDMI  OUTPUT 1

HDMI  OUTPUT 3 HDMI  OUTPUT 4

HDMI  OUTPUT 2

0x5D  (7 address bits)

Default I2C Address:
[A1:A0] = 0x1

TX4_TSW TX4_CTTX4_TPR

TX4_DDCSCL
TX4_DDCSDA

TX4_D2+
TX4_D2-
TX4_D1+
TX4_D1-

TX4_D0+
TX4_D0-
TX4_C+

TX4_PWR5V

TX2_TSW

TX4_C-

TX2_CTTX2_TPR

TX4_HPD

HMO_EN4

TX4_MD
TX4_TPR
TX4_TSW
TX4_CT
TX4_EQ
TX4_ADD

TX2_DDCSCL

TX4_MD

TX2_DDCSDA

TX2_D2+
TX2_D2-

TX4_EQ

TX2_D1+
TX2_D1-

TX2_D0+
TX2_D0-
TX2_C+

TX2_PWR5V

TX4_ADD

TX2_C-

TX2_HPD

HMO_EN2

TX2_MD
TX2_TPR
TX2_TSW
TX2_CT
TX2_EQ
TX2_ADD

TX2_MD

TX2_EQ TX2_ADD

TX3_TSW TX3_CTTX3_TPR

TX3_DDCSCL
TX3_DDCSDA

TX3_D2+
TX3_D2-
TX3_D1+
TX3_D1-

TX3_D0+
TX3_D0-
TX3_C+

TX3_PWR5V

TX3_C-

TX3_HPD

HMO_EN3

TX3_MD
TX3_TPR
TX3_TSW
TX3_CT
TX3_EQ
TX3_ADD

TX3_MD

TX3_EQ TX3_ADD

TX1_TSW TX1_CTTX1_TPR

TX1_DDCSCL
TX1_DDCSDA

TX1_D2+
TX1_D2-
TX1_D1+
TX1_D1-

TX1_D0+
TX1_D0-
TX1_C+

TX1_PWR5V

TX1_C-

TX1_HPD

HMO_EN1

TX1_MD
TX1_TPR
TX1_TSW
TX1_CT
TX1_EQ
TX1_ADD

TX1_MD

TX1_EQ TX1_ADD

TX1_HPD
TX1_DDCSCL
TX1_DDCSDA

TX2_DDCSCL
TX2_DDCSDA

TX2_HPD

TX3_HPD
TX3_DDCSCL
TX3_DDCSDA

TX4_DDCSCL
TX4_DDCSDA

TX4_HPD

TX1_DDCSCL
TX1_DDCSDAHTX1_SDA

HTX1_SCL TX2_DDCSCL
TX2_DDCSDAHTX2_SDA

HTX2_SCL

TX3_DDCSCL
TX3_DDCSDAHTX3_SDA

HTX3_SCL

TX4_DDCSCL
TX4_DDCSDAHTX4_SDA

HTX4_SCL

TMDS_IN2_D2+
TMDS_IN2_D2-

TMDS_IN2_D1+
TMDS_IN2_D1-

TMDS_IN2_CLK-
TMDS_IN2_CLK+

TMDS_IN2_D0-
TMDS_IN2_D0+

HPD_IN2

TMDS_IN2_SDA
TMDS_IN2_SCL

+3.3V_TX4 +3.3V_TX4

+3.3V_TX4 +VIO_TX4

+3.3V +3.3V_TX4

VIO
HDMI_TX4_+5V

+3.3V_TX2 +3.3V_TX2

+3.3V_TX2 +VIO_TX2

+3.3V

TX4_PWR5V

+5V_TX4

+3.3V_TX2

VIO

+5V HDMI_TX4_+5V

HDMI_TX2_+5V

+3.3V_TX4

+3.3V_TX4

+3.3V_TX4 +3.3V_TX4

+3.3V_TX4 +3.3V_TX4

TX2_PWR5V

+5V_TX2

+5V HDMI_TX2_+5V

+3.3V_TX2

+3.3V_TX2

+3.3V_TX2 +3.3V_TX2

+3.3V_TX2 +3.3V_TX2

+3.3V_TX3 +3.3V_TX3

+3.3V_TX3 +VIO_TX3

+3.3V +3.3V_TX3

VIO
HDMI_TX3_+5V

TX3_PWR5V

+5V_TX3

+5V HDMI_TX3_+5V

+3.3V_TX3

+3.3V_TX3

+3.3V_TX3 +3.3V_TX3

+3.3V_TX3 +3.3V_TX3

+3.3V_TX1 +3.3V_TX1

+3.3V_TX1 +VIO_TX1

+3.3V +3.3V_TX1

VIO
HDMI_TX1_+5V

TX1_PWR5V

+5V_TX1

+5V HDMI_TX1_+5V

+3.3V_TX1

+3.3V_TX1

+3.3V_TX1 +3.3V_TX1

+3.3V_TX1 +3.3V_TX1

+5V_TX1

+3.3V_TX1

+5V_TX1

+5V_TX2

+3.3V_TX2

+5V_TX2

+5V_TX3

+3.3V_TX3

+5V_TX3

+5V_TX4

+3.3V_TX4

+5V_TX4

HDMI_IN2_+3.3V

HDMI_IN2_+3.3V

HDMI_IN2_+3.3V

HDMI_IN2_+3.3V
HDMI_IN2_+3.3V

HDMI_IN2_+3.3VS2H2_1.1V

HDMI_IN2_+3.3V

HTX4_SDA[1]
HTX4_SCL[1]

HTX4_HPD_M[1,4]

HTX4_1+[1]
HTX4_2-[1]
HTX4_2+[1]

HTX4_0-[1]
HTX4_0+[1]
HTX4_1-[1]

HTX4_C-[1]
HTX4_C+[1]

HTX2_SDA[1]
HTX2_SCL[1]

HTX2_HPD_M[1,4]

HTX2_1+[1]
HTX2_2-[1]
HTX2_2+[1]

HTX2_0-[1]
HTX2_0+[1]
HTX2_1-[1]

HTX2_C-[1]
HTX2_C+[1]

HTX3_SDA[1]
HTX3_SCL[1]

HTX3_HPD_M[1,4]

HTX3_1+[1]
HTX3_2-[1]
HTX3_2+[1]

HTX3_0-[1]
HTX3_0+[1]
HTX3_1-[1]

HTX3_C-[1]
HTX3_C+[1]

HTX1_SDA[1]
HTX1_SCL[1]

HTX1_HPD_M[1,4]

HTX1_1+[1]
HTX1_2-[1]
HTX1_2+[1]

HTX1_0-[1]
HTX1_0+[1]
HTX1_1-[1]

HTX1_C-[1]
HTX1_C+[1]

HMO_SDA1[4]
HMO_SCL1[4]

HMO_EN1[4] HMO_EN2[4]

HMO_EN3[4]

HMO_EN4[4]

HMO_SDA2[4]
HMO_SCL2[4]

HMO_SDA3[4]
HMO_SCL3[4]

HMO_SDA4[4]
HMO_SCL4[4]

HMI2_SDA_CTL[12]
HMI2_SCL_CTL[12]

TMDS_IN2_HPD [1]

TMDS_IN2_CLKP [1]
TMDS_IN2_CLKN [1]

TMDS_IN2_D2P [1]
TMDS_IN2_D2N [1]

TMDS_IN2_D1P [1]
TMDS_IN2_D1N [1]

TMDS_IN2_D0P [1]
TMDS_IN2_D0N [1]

HMI_IN2_DDCSDA [1]
HMI_IN2_DDCSCL [1]
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