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	Pins
	J15-14
	L1-1
	TVS1-2


	NetJ15_15
	Pins
	J15-15
	L1-2
	TVS1-1


	NetLED2_1
	Pins
	LED2-1
	R4-2


	NetLED3_1
	Pins
	LED3-1
	R10-2


	NetLED4_1
	Pins
	LED4-1
	R12-2


	NetLED5_1
	Pins
	LED5-1
	R13-2


	NetLED6_1
	Pins
	LED6-1
	R14-2


	NetLED7_1
	Pins
	LED7-1
	R3-2


	NetMQ1_3
	Pins
	MQ1-3
	T1-2


	NetMQ2_3
	Pins
	MQ2-3
	T1-3


	NetOSC?_1
	Pins
	OSC?-1


	NetR0_2
	Pins
	R0-2
	R58-1


	NetR11_2
	Pins
	R11-2
	R70-1
	VZ9-2


	NetR36_2
	Pins
	R36-2
	R38-1


	NetR37_2
	Pins
	R37-2
	R39-1


	NetR40_1
	Pins
	R40-1
	R42-2


	NetR41_1
	Pins
	R41-1
	R43-2


	NetU1_7
	Pins
	U1-7


	NetU1_10
	Pins
	U1-10


	NetU2_6
	Pins
	U2-6


	NetU2_7
	Pins
	U2-7


	NetU2_10
	Pins
	U2-10


	NetU2_11
	Pins
	U2-11


	NetW1_9
	Pins
	W1-9


	NetW1_13
	Pins
	W1-13


	NetW1_26
	Pins
	W1-26


	NetW1_27
	Pins
	W1-27


	NetW1_30
	Pins
	W1-30


	NetW2_9
	Pins
	W2-9


	NetW2_13
	Pins
	W2-13


	NetW2_26
	Pins
	W2-26


	NetW2_27
	Pins
	W2-27


	OUT_N
	Pins
	C71-2
	J13-9
	L4-4

	NetLabels
	OUT_N


	OUT_P
	Pins
	C67-1
	J13-8
	L4-1

	NetLabels
	OUT_P


	OUTA_N
	Pins
	L4-3
	R45-1

	NetLabels
	OUTA_N


	OUTA_P
	Pins
	L4-2
	R33-1

	NetLabels
	OUTA_P


	PGND
	Pins
	C2-1
	C12-1
	C18-1
	C19-2
	C22-2
	C23-2
	C47-1
	C48-2
	C75-1
	C77-1
	C80-1
	D12-1
	E1-2
	IC0-2
	IC1-7
	IC1-8
	IC1-9
	IC1-12
	L1-3
	MQ1-2
	MQ2-2
	R0-1
	R1-1
	R2-1
	R63-2
	R70-2
	VZ9-3


	PWDN_2
	Pins
	R23-2
	W1-21

	NetLabels
	PWDN_2
	PWDN_2


	PWDN_IN
	Pins
	R18-2
	W2-21

	NetLabels
	PWDN_IN
	PWDN_IN


	RESET_2
	Pins
	C62-2
	R27-2
	W1-31

	NetLabels
	RESET_2
	RESET_2


	RESET_IN
	Pins
	C61-1
	R26-2
	W2-31

	NetLabels
	RESET_IN
	RESET_IN


	RX2_N
	Pins
	R40-2
	W1-6

	NetLabels
	RX2_N
	RX2_N


	RX2_P
	Pins
	R38-2
	W1-5

	NetLabels
	RX2_P
	RX2_P


	RX_CLK
	Pins
	W2-19

	NetLabels
	RX_CLK


	RX_CLK-2
	Pins
	W1-19

	NetLabels
	RX_CLK-2


	RX_D0
	Pins
	U2-14
	W2-16

	NetLabels
	RX_D0
	RX_D0


	RX_D0-2
	Pins
	U1-13
	W1-16

	NetLabels
	RX_D0-2
	RX_D0-2


	RX_D1
	Pins
	U2-13
	W2-15

	NetLabels
	RX_D1
	RX_D1


	RX_D1-2
	Pins
	U1-14
	W1-15

	NetLabels
	RX_D1-2
	RX_D1-2


	RX_D2
	Pins
	R15-2
	W2-14

	NetLabels
	RX_D2


	RX_D2-2
	Pins
	R16-2
	W1-14

	NetLabels
	RX_D2-2


	RX_DV
	Pins
	U2-12
	W2-18

	NetLabels
	RX_DV
	RX_DV


	RX_DV-2
	Pins
	U1-12
	W1-18

	NetLabels
	RX_DV-2
	RX_DV-2


	RX_ER
	Pins
	R3-1
	W2-20

	NetLabels
	RX_ER
	RX_ER


	RX_ER-2
	Pins
	R14-1
	W1-20

	NetLabels
	RX_ER-2
	RX_ER-2


	RX_N
	Pins
	R41-2
	W2-6

	NetLabels
	RX_N
	RX_N


	RX_P
	Pins
	R39-2
	W2-5

	NetLabels
	RX_P
	RX_P


	TX2_N
	Pins
	R44-2
	W1-7

	NetLabels
	TX2_N
	TX2_N


	TX2_P
	Pins
	R32-2
	W1-4

	NetLabels
	TX2_P
	TX2_P


	TX_CLK
	Pins
	W2-22

	NetLabels
	TX_CLK


	TX_CLK-2
	Pins
	W1-22

	NetLabels
	TX_CLK-2


	TX_D0
	Pins
	U1-4
	W2-24

	NetLabels
	TX_D0
	TX_D0


	TX_D0-2
	Pins
	U2-3
	W1-24

	NetLabels
	TX_D0-2
	TX_D0-2


	TX_D1
	Pins
	U1-3
	W2-25

	NetLabels
	TX_D1
	TX_D1


	TX_D1-2
	Pins
	U2-4
	W1-25

	NetLabels
	TX_D1-2
	TX_D1-2


	TX_EN
	Pins
	U1-5
	W2-23

	NetLabels
	TX_EN
	TX_EN


	TX_EN-2
	Pins
	U2-5
	W1-23

	NetLabels
	TX_EN-2
	TX_EN-2


	TX_ER
	Pins
	R4-1
	W2-28

	NetLabels
	TX_ER
	TX_ER


	TX_ER-2
	Pins
	R13-1
	W1-28

	NetLabels
	TX_ER-2
	TX_ER-2


	TX_N
	Pins
	R47-2
	W2-7

	NetLabels
	TX_N
	TX_N


	TX_P
	Pins
	R35-2
	W2-4

	NetLabels
	TX_P
	TX_P






