[bookmark: _GoBack]你好，我今天在6678上跑image processing ipc-based例程所有核加载正常并且打印出结果但由于ip地址一直设置有问题，希望能得到解答我的设置如下图：
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我看的手册上面写的是
尝试了之后还是打不开192.168.2.100的网址。
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+® Blackhawk XDS560v2-USB Mezzanine Emulator_0/C66:xx_6 (Running)

(&) mcip_slave_main.c | g bench_shm.c

% 6678tgc.coml | [d meip_master maine | [€] abort) at /tmp,

Can't find a source file at */tmp/TI MKLIBF78rCW/SRC/exit.c”
Locate the file or edit the source lookup path to include its location.

View Disassembly...

Locate File...

GEL Files | £ Properties
e _processing_evmc6678] master:CIO
[FCSDK TFRGE. PROCESS ING DEFONS TRATION

Qs successfully initialized
CPPI successfully initialized
PA successfully initialized

EVM in StaticIP mode at 192.168.2.100

[Set 1P address of PC to 192.165.2.101

PASS successfully initialized

Ethernet subsystem successfully initialized
Ethernet eventld : 48 and vectld (Interrupt) :
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‘The demo runs in Static IP mode if User Switch 1 (SWS, position 2) is OFF else if it is ON then it runs in DHCP mode. See the TMDXEVMB678L EVM Hardware S
Switch 1

Ifitis configured in static IP mode, the board will come up with IP address 192.168.2.100, GW IP address 192.168.2.101 and subnet mask 255.255.254.0
Ifitis configures in DHCP mode, it would send out DHCP request to get the IP address from a DHCP server in the network
There are two images to be loaded to master (core 0) and other cores. The core 0 to be loaded with <MCSDK INSTALL.




