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When TAS5731M,R128、R132 is NC.

BTL/PBTL Mode and IIC Adress Set
I2C device ID: 0x34

TAS57XX_1 Power Supply:8V-26V

3.3V Power for Digital and Analog Power
VCC3 and +3.3V 2 Choose 1

TAS57XX PDN and RESET Set
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HDMI ARC

+5V
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