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Footprint Comment LibRef Designator Description Quantity

RAD-0.15 12p CAP 12p, C1 2
RB3 100UF CAP+ C3, C4 2
RAD-0.15 473 CAP C5, C11 2
RAD-0.15 47p CAP C6, C12, C14 3
RB2 10UF CAP+ C7, C16 2
RAD-0.15 104 CAP C8, C17 2
RAD-0.15 0.1UF CAP C9 1
RAD-0.15 470NF CAP C10, C15 2
RAD-0.15 105 CAP C13 1
ST-3150-5N Phonejack

Stereo SW
Phonejack
Stereo SW

J1, J4, J5, J6 3-Conductor Jack with 2 break contacts
(normals) and 2 auxiliary make contacts

4

sip4 CON4 CON4 J2 Connector 1
HDR1X6 Header 6 Header 6 J3 Header, 6-Pin 1
HDR1X4 Header 4 Header 4 P1 Header, 4-Pin 1
AXIAL0.3 100K RES R1, R4 2
AXIAL0.3 4.7K RES R2, R3, R5, R13 4
AXIAL0.3 4.99k RES R6, R7, R9, R10 4
AXIAL0.3 100 RES R8, R11, R14, R16 4
AXIAL0.3 2.2k RES R12 1
AXIAL0.3 L2 RES R15, R17 2
AXIAL0.3 0 RES R18 1
XTXL_f 12M XTAL U1 1
DIP-28 TLV320AIC23B TLV320AIC23B U2 1
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