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Comment Description Designator Footprint LibRef Quantity

10uf Capacitor C1, C4, C102, C105 RC2 CAP, CAPACITOR
POL 4

1uf Capacitor C2 RC1 CAP 1

0.01uf Capacitor C3 RC1 CAP 1

200p C17 RC1 CAP 1

100p C18 RC1 CAP 1

0.1uf C19, C20, C21,
C26, C27 RC1 CAP 5

10u C22, C24 RC2 CAP 2

22u C23, C25 RC2 CAP 2

27pF Capacitor CG0, CG1, CG2,
TO(DOWN) RC1 CAP 4

cizhu diangan RES1 1

Diode D1 capmp5918x18n DIODE 1

1N4148 Diode D2, D3 capmp5918x18n DIODE 2

CON7 Connector J1 SIP7 CON7 1

J2, J3 sip2 CON2 2

0
R0, RG0, RG1,
RG2, RG3, RG4,
RG5, TO(UP)

RC1 RES2 8

1K R1, Rdiv RC1 RES2 2

3b R2 RC1 RES2 1

4b R3 RC1 RES2 1

4.02K R4 RC1 RES2 1

4.7K R5, R14 RC1 RES2 2

7b R6 RC1 RES2 1

6.8K R7 RC1 RES2 1

10k R8, R9, R12, R15 RC1 RES2 4

200K R19 RC1 RES2 1

49.9K R20 RC1 RES2 1

22K R21 RC1 RES2 1

24.9K R22 RC1 RES2 1

20 R23, R24 RC1 RES2 2

30 R25 RC1 RES2 1

LP2985 U1 2985 LP2985 1

INA156 U3 INA156 HEADER 4X2 1

OPA2340 U4, U5 SMD8A OPA2340 2

MAX4638 U6 MAX4638 HEADER 8X2 1
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