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    // select Osc source: external crystal-ocs, and turn off other osc-source

    EALLOW;

    SysCtrlRegs.CLKCTL.bit.XTALOSCOFF = 0;     // Turn on XTALOSC

    SysCtrlRegs.CLKCTL.bit.XCLKINOFF = 1;      // Turn off XCLKIN

    SysCtrlRegs.CLKCTL.bit.OSCCLKSRC2SEL = 0;  // Switch to external clock

    SysCtrlRegs.CLKCTL.bit.OSCCLKSRCSEL = 1;   // Switch from INTOSC1 to INTOSC2/ext clk

    SysCtrlRegs.CLKCTL.bit.WDCLKSRCSEL = 1;    // Switch Watchdog Clk Src to external clock

    SysCtrlRegs.CLKCTL.bit.INTOSC2OFF = 1;     // Turn off INTOSC2

    SysCtrlRegs.CLKCTL.bit.INTOSC1OFF = 1;     // Turn off INTOSC1

    EDIS;
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