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*Note: pins 11, 24, 55, 58, 66, 75, 99, 91, and 90 are 1.2-V Digital Logic Power Pins - no supply needed when using internal VREG12.
*Note: Pins 1 and 108 are 1.8-V Digital Logic Power Pins - no supply needed when using internal VREG18.
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