TMS570 或者 RM4x 安全微控制器 架构的简化方框图:
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CCS演示截图：
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1.
1 unsigned int bufera[10];
1a.
15 Void HTU_init(void){
16
17 htuCPRAM ->DCP[0]. ITCOUNT = 0x@001000A; /* DCPO CPA clenent
15 htuCPRAM ->DCP[0]. THADDRCT = 0x0000000S; /* DCPO CPA DIR =
19/% SIZE = 32-bit +/
20/* ADDH = 16 bytes (not relevant for </
21/ this example) =/
22/* ADDFM = post-increment main memory </
23 /* TMBA = one shot buffer A */




应用原理图：
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